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Werknorm  

company standard

BAIN-A BAIN-O

BAIN-M

max. tightening torque: 3 Nm

M4x12, 7 mm wrench size
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RJ45 connector
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20M x1,5

wire dimensions:

48 V + PE : 4 mm²

24 V : 1,5 mm²

(*) Customer can cut the conduit to the desired length

 

minimal bending radius of conduit:

    fixed installation: 100 mm

    moving installation: 135 mm

 

minimal bending radius of hybrid-cable:

    fixed installation: 80 mm

    moving installation: 165 mm

 

Please note that the hybrid-cable is not declared

to be cable chain suitable!

 

Take missing dimensions from the 3D-model

The drawing and the 3D-model show simplified geometry

interface to controll cabinet

Cable and Conduit Length Variations of ATH2042-0250-0xx0

Description

Item No.

Nominal Cable

Length [m]

Dimension

"A" [m]

Dimension

"B" [m]

Weight [kg]

ATH2042-0250-0040 249485 4
0,75

3
6,7

ATH2042-0250 249444 8
1,75

6
7,9

ATH2042-0250-0160 249305 16
0,75

15
10,3

ATH2042-0250-0250 249311 25
0,75

24
12,9
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21,1n
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